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VARIANT [No Variations]

1.0
PRODUCTION
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STATUS

R124_EVK_V31 NCV76124_EvalKit

QFNW24 4x4, 0.5P

<Socket for Bench> <Socket for FA>

PROJECT

PACKAGE

SOCKET
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100NF_0805_50V_X7R
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100NF_0805_50V_X7R

+
C9

100UF/50V ELKO  NICHICON UD
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A K
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VCCVBBVBB

Power Supply
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GND
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2 3
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